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Y Union Part # Item
Number

Tube OD 
inch size

Tube OD 
inch size

Pkg 
QTY Mi Item #

QBY-5/32T-U 564772 5/32 5/32 10 10987100

QBY-1/4T-U 564774 1/4 1/4 10 06141038

QBY-5/16T-U 564775 5/16 5/16 10 07059787

QBY-3/8T-U 564776 3/8 3/8 5 07231233

QBY-1/2T-U 564777 1/2 1/2 5 07468544

QBY-1/4T-5/32-U 564819 1/4 5/32 10 11513772

QBY-5/16T-1/4-U 564822 5/16 1/4 10 11513775

QBY-3/8T-1/4-U 564823 3/8 1/4 10 08054197

QBY-3/8T-5/16-U 564824 3/8 5/16 10 11513776

QBY-1/2T-3/8-U 564825 1/2 3/8 5 11513777

Tee union Part # Item
Number

Tube OD 
inch size 

Tube OD 
inch size

Pkg 
QTY Mi Item #

QBT-5/32T-U 564766 5/32 5/32 10 07950087

QBT-1/4T-U 564768 1/4 1/4 10 05791169

QBT-5/16T-U 564769 5/16 5/16 10 07231228

QBT-3/8T-U 564770 3/8 3/8 5 05191351

QBT-1/2T-U 564771 1/2 1/2 5 05791170

QBT-1/4T-5/32-U 564805 1/4 5/32 10 11513763

QBT-5/16T-1/4-U 564806 5/16 1/4 10 11513764

QBT-3/8T-1/4-U 564807 3/8 1/4 10 07874962

QBT-3/8T-5/16-U 564808 3/8 5/16 10 11513765

QBT-1/2T-3/8-U 564809 1/2 3/8 5 05791172

Straight Union Part # Item
Number

Tube OD 
inch size

Tube OD
inch size

Pkg 
QTY Mi Item #

QB-5/32T-U 564754 5/32 5/32 10 07715737

QB-1/4T-U 564756 1/4 1/4 10 05791167

QB-5/16T-U 564757 5/16 5/16 10 07231224

QB-3/8T-U 564758 3/8 3/8 10 05791168

QB-1/2T-U 564759 1/2 1/2 5 06913748

QB-1/4T-5/32-U 564798 1/4 5/32 10 08052435

QB-5/16T-1/4-U 564801 5/16 1/4 10 07231236

QB-3/8T-1/4-U 564802 3/8 1/4 10 07231215

QB-3/8T-5/16-U 564803 3/8 5/16 10 07231216

QB-1/2T-3/8-U 564804 1/2 3/8 5 06337703

Elbow Union Part # Item
Number

Tube OD 
Size Pkg QTY Mi Item #

QB-5/32T-U 564760 5/32 10 11513749

QB-1/4T-U 564762 1/4 10 06793137

QB-5/16T-U 564763 5/16 10 07231227

QB-3/8T-U 564764 3/8 10 06612759

QB-1/2T-U 564765 1/2 5 06641815

External straight 
connector Part # Item

number
Thread 
NPT size 

Tube OD
inch size

Pkg 
QTY Mi Item #

QB-10-32-UNF-5/32-U 533267 10/32 5/32 10 07254920

QB-10-32-UNF-1/4-U 533269 10/32 1/4 10 07231209

QB-1/8-5/32-U 533271 1/8 5/32 10 06413642

QB-1/8-1/4-U 533273 1/8 1/4 10 05791130

QB-1/4-1/4-U 533276 1/4 1/4 10 05390046

QB-1/4-5/16-U 533277 1/4 5/16 10 05791131

QB-3/8-3/8-U 533281 3/8 3/8 5 05791134

QB-3/8-1/2-U 533282 3/8 1/2 5 06968033

QB-1/2-3/8-U 533283 1/2 3/8 5 06413643

QB-1/2-1/2-U 533284 1/2 1/2 5 05791135

Internal straight 
connector Part # Item

number
Thread 
NPT size

Tube OD
inch size

Pkg 
QTY Mi Item #

QB-10-32-UNF-1/4-I-U 572316 10/32 1/4 10 11514746

QB-1/8-5/32-I-U 572317 1/8 5/32 10 08724553

QB-1/8-1/4-I-U 572318 1/8 1/4 10 11514747

QB-1/4-1/4-I-U 572320 1/4 1/4 10 07297102

QB-1/4-5/16-I-U 572321 1/4 5/16 10 11514748

QB-1/4-3/8-I-U 572322 1/4 3/8 10 11514749

QB-3/8-5/16-I-U 572323 3/8 5/16 10 11514750

QB-3/8-3/8-I-U 572324 3/8 3/8 10 11514751

QB-3/8-1/2-I-U 572325 3/8 1/2 10 11514752

QB-1/2-1/2-I-U 572326 1/2 1/2 10 05791177

Inch connections

Tee connector Part # Item
number

Thread 
NPT 
size 

Tube OD
inch size

Pkg 
QTY Mi Item #

QBT-10-32-UNF-
5/32-U 533305 10/32 5/32 10 11508363

QBT-10-32-UNF-1/4-U 533307 10/32 1/4 10 11508365

QBT-1/8-5/32-U 533309 1/8 5/32 10 11508367

QBT-1/8-1/4-U 533311 1/8 1/4 10 11508369

QBT-1/4-1/4-U 533314 1/4 1/4 5 05334832

QBT-1/4-5/16-U 533315 1/4 5/16 5 11088259

QBT-3/8-3/8-U 533319 3/8 3/8 5 06641817

QBT-3/8-1/2-U 533320 3/8 1/2 5 11508373

QBT-1/2-3/8-U 533321 1/2 3/8 5 11508374

QBT-1/2-1/2-U 533322 1/2 1/2 5 11508375

Elbow connector Part # Item
number

Thread 
NPT 
size 

Tube OD
inch size

Pkg 
QTY Mi Item #

QBL-10-32-UNF-
5/32-U 533286 10/32 5/32 10 05791135

QBL-10-32-UNF-1/4-U 533288 10/32 1/4 10 07231217

QBL-1/8-5/32-U 533290 1/8 5/32 10 03716902

QBL-1/8-1/4-U 533292 1/8 1/4 10 05791136

QBL-1/4-1/4-U 533295 1/4 1/4 10 05334831

QBL-1/4-5/16-U 533296 1/4 5/16 10 06736501

QBL-3/8-3/8-U 533300 3/8 3/8 5 05489609

QBL-3/8-1/2-U 533301 3/8 1/2 5 07236114

QBL-1/2-3/8-U 533302 1/2 3/8 5 06413644

QBL-1/2-1/2-U 533303 1/2 1/2 5 05791138

A

A

B
A

B
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Straight plug in 
stem Part # Item

number
Plug OD 
size

Tube OD 
inch size

Pkg 
QTY Mi Item #

QB-1/4H-5/32-U 564814 1/4 5/32 10 08460792

QB-5/16H-1/4-U 564816 5/16 1/4 10 09284083

QB-3/8H-1/4-U 564817 3/8 1/4 10 07619392

QB-3/8H-5/16-U 567779 3/8 5/16 10 07695495

QB-1/2H-3/8-U 567780 1/2 3/8 5 07480486

Elbow plug In 
stem Part # Item

number
Plug OD 
size

Tube OD 
inch size

Pkg 
QTY Mi Item #

QSML-5/32H-U 190621 5/32 5/32 1 02758764

QSL-1/4H-U 153654 1/4 1/4 10 01671675

QSL-5/16H-U 153655 5/16 5/16 1 10625812

QSL-3/8H-U 153656 3/8 3/8 1 02355932

QSL-1/2H-U 190623 1/2 1/2 1 02758827

QSL-1/4H-5/32-U 190628 1/4 5/32 1 15239872

QSL-5/16H-1/4-U 153657 5/16 1/4 1 15239897

QSL-3/8H-1/4-U 190631 3/8 1/4 1 02756885

QSL-3/8H-5/16-U 153658 3/8 5/16 1 11502539

QSL-1/2H-3/8-U 190633 1/2 3/8 1 07499950

Inch connections (continued)

Stem plugs Part # Item
number Stem Size Pkg QTY Mi Item #

QBC-5/32H-U 564784 5/32 10 08050312

QBC-1/4H-U 564786 1/4 10 05791171

QBC-5/16H-U 564787 5/16 10 11513758

QBC-3/8H-U 564788 3/8 10 07231234

QBC-1/2H-U 564789 1/2 10 07254852

Bulkhead 
connectors Part # Item

number
Tube 
OD

Tube 
OD

Pkg 
QTY Mi Item #

QBS-5/32T-U 564748 5/32 5/32 10 06016794

QBS-1/4T-U 564750 1/4 1/4 10 05791167

QBS-5/16T-U 564751 5/16 5/16 10 11513747

QBS-3/8T-U 564752 3/8 3/8 5 05791165

QBS-1/2T-U 564753 1/2 1/2 5 05791166

Distributor 
(Swivel) Part # Item 

number
Port 
thread

Tube OD 
inch

Pkg 
QTY Mi Item #

QSLV3-1/8-5/32-U 190777 1/8 5/32 1 11505988

QSLV3-1/8-1/4-U 190779 1/8 1/4 1 07480478

QSLV3-1/4-1/4-U 190781 1/4 1/4 1 07480480

QSLV3-1/4-3/8-U 190783 1/4 3/8 1 07480482

QSLV3-3/8-3/8-U 190785 3/8 3/8 1 11505993

QSLV3-3/8-1/2-U 190786 3/8 1/2 1 11505994

QSLV3-1/2-1/2-U 190787 1/2 1/2 1 11505995

Fitting manifold Part # Item
number

Tube OD 
end ports

Tube OD 
reduced 

Pkg 
QTY Mi Item #

QBT3-1/4T-5/32-U 564791 1/4 5/32 5 07713408

QBT3-5/16T-
5/32-U 564792 5/16 5/32 5 09295430

QBT3-5/16T-1/4-U 564794 5/16 1/4 5 11085028

QBT3-3/8T-1/4-U 564795 3/8 1/4 5 08054195

QBT3-3/8T-5/16-U 564796 3/8 5/16 5 11513760

Elbow connector Part # Item
number

Metric R 
Thread

Tube OD
inch size

Pkg 
QTY Mi Item #

QBL-M5-5/32-U-M 533229 M5 5/32 10 11508327

QBL-M5-1/4-U-M 533231 M5 1/4 10 08492319

QBL-1/8-5/32-U-M 533233 1/8 5/32 10 07681919

QBL-1/8-1/4-U-M 533235 1/8 1/4 10 07955123

QBL-1/4-1/4-U-M 533238 1/4 1/4 10 04708138

QBL-1/4-5/16-U-M 533239 1/4 5/16 10 11508333

QBL-3/8-3/8-U-M 533243 3/8 3/8 5 08492317

QBL-3/8-1/2-U-M 533244 3/8 1/2 5 08067738

QBL-1/2-3/8-U-M 533245 1/2 3/8 5 06171827

QBL-1/2-1/2-U-M 533246 1/2 1/2 5 06173506

Straight 
connector Part # Item

number
Metric R 
Thread

Tube OD
inch size

Pkg 
QTY Mi Item #

QB-M5-5/32-U-M 533210 M5 5/32 10 11508320

QB-M5-1/4-U-M 533212 M5 1/4 10 04247003

QB-1/8-5/32-U-M 533214 1/8 5/32 10 11508322

QB-1/8-1/4-U-M 533216 1/8 1/4 10 04706478

QB-1/4-1/4-U-M 533219 1/4 1/4 10 04549007

QB-1/4-5/16-U-M 533220 1/4 5/16 10 11508325

QB-3/8-3/8-U-M 533224 3/8 3/8 5 08471645

QB-3/8-1/2-U-M 533225 3/8 1/2 5 08492320

QB-1/2-3/8-U-M 533226 1/2 3/8 5 10639410

QB-1/2-1/2-U-M 533227 1/2 1/2 5 04547989

Hybrid fittings (metric R/BPST -  inch tubing)

Fittings to 
convert 

NPT and G thread
Part # Item

number

Thread  
NPT 
size

Thread 
metric 
(G)

Pkg 
QTY Mi Item #

AD-G1/8-1/8NPT-I 9395 1/8 1/8 10 04535420

AD-G1/4-1/4NPT-I 9396 1/4 1/4 10 08950531

AD-G3/8-3/8NPT-I 9397 3/8 3/8 10 00444107

AD-G1/2-1/2NPT-I 9398 1/2 1/2 10 04737111

AD-G3/4-3/4NPT-I 546550 3/4 3/4 1 07649886

Fittings to convert
NPT and G thread Part # Item

number
Thread  
NPT 

Thread 
metric 
(G)

Pkg 
QTY Mi Item #

AD-1/8NPT-G1/8-I 9624 1/8 1/8 10 08039941

AD-1/4NPT-G1/4-I 9625 1/4 1/4 10 07981468

AD-3/8NPT-G3/8-I 9626 3/8 3/8 10 00444101

AD-1/2NPT-G1/2-I 9627 1/2 1/2 10 00446079

AD-3/4 NPT-G3/4-I 546551 3/4 3/4 1 11510456

Hybrid fittings (metric/NPT)

*R thread = BSPT

*G Thread = BSPP

NPT

Metric

Metric

NPT



4

Mufflers Part # Item
number

Thread  
NPT size Pkg QTY Mi Item #

AMTE-M-LH-U10 1206994 10/32 20 11516481

AMTE-M-LH-N18 1206989 1/8 20 07236107

AMTE-M-LH-N14 1206990 1/4 20 07499827

AMTE-M-LH-N38 1206991 3/8 10 11516480

AMTE-M-LH-N12 1206992 1/2 10 07636651

Quick exhaust 
valves Part # Item

number
Thread  
NPT size Pkg QTY Mi Item #

SEU-1/8-NPT 9798 1/8 1 00457216

SEU-1/4-NPT 9799 1/4 1 00461281

SEU-3/8-NPT 9800 3/8 1 00443921

SEU-1/2-NPT 9801 1/2 1 00443934

Mufflers & quick exhaust valves

 Flow controls Part # Item 
number

Thread  
NPT 
size

Tube 
OD 
size

Pkg 
QTY Mi Item #

GRLA-10-32-UNF-QB-
5/32-U 564840 10/32 5/32 10 11513780

GRLA-10-32-UNF-QB-
1/4-U 564842 10/32 1/4 10 05639564

GRLA-1/8-QB-5/32-U 534656 1/8 5/32 10 07187513

GRLA-1/8-QB-1/4-U 534658 1/8 1/4 10 06308271

GRLA-1/4-QB-1/4-U 534661 1/4 1/4 10 06308270

GRLA-1/4-QB-5/16-U 534662 1/4 5/16 10 08225752

GRLA-3/8-QB-3/8-U 534666 3/8 3/8 5 06793460

GRLA-3/8-QB-1/2-U 534667 3/8 1/2 5 11508663

GRLA-1/2-QB-3/8-U 564846 1/2 3/8 5 11513785

GRLA-1/2-QB-1/2-U 564847 1/2 1/2 5 11513786

Inline flow 
controls Part # Item

number

Tube 
OD end 
ports

Pkg QTY Mi Item #

GR-QB-5/32-U 534680 5/32 10 11508664

GR-QB-1/4-U 534682 1/4 10 06891770

GR-QB-5/16-U 534683 5/16 5 06778846

GR-QB-3/8-U 534684 3/8 5 06906877

Inline Regulators Part # Item
number

Tube 
OD end 
ports

Pkg QTY Mi Item #

VRPA-CM-Q4-E 8086003 5/32 OD 1 11525019

VRPA-CM-T14-E 8086006 1/4 OD 1 11525020

VRPA-CM-Q8-E 8086005 5/16 OD 1 10661108

Flow control valves

Polyurethane 
tubing - reel Part # Item

number
Tube OD 
size

Color 
(solid) Reel Mi Item #

PUN-H-5/32-SW-
500-HA 568017 5/32 Black 500 ft 11514337

PUN-H-4X0,75-
BL-500 558257 5/32 

(4mm) Blue 500 m 11512741

PUN-H-1/4-SW-
500-HA 568018 1/4 Black 500 ft 07499940

PUN-H-1/4-BL-
500-HA 568014 1/4 Blue 500 ft 07384018

PUN-H-1/4-SW-
1000-HA 568023 1/4 Black 1000 ft 07548869

PUN-H-1/4-BL-
1000-HA 568021 1/4 Blue 1000 ft 11514338

PUN-H-8X1,25-
SW-400 558252 5/16 

(8mm) Black 400 m 07548923

PUN-H-8X1,25-
BL-400 558259 5/16 

(8mm) Blue 400 m 11512743

PUN-H-3/8-SW-
500-HA 568020 3/8 Black 500 ft 07548867

PUN-H-3/8-BL-
500-HA 568016 3/8 Blue 500 ft 11514336

Polyurethane 
tubing - box Part # Item

number
Tube OD 
size

Color 
(solid)

Pkg 
FT Mi Item #

PUN-H-5/32-SW-
150-CB 567954 5/32 Black 150 07470433

PUN-H-5/32-BL-
150-CB 567946 5/32 Blue 150 06743478

PUN-H-1/4-SW-
150-CB 567956 1/4 Black 150 05609687

PUN-H-1/4-BL-
150-CB 567948 1/4 Blue 150 05484755

PUN-H-5/16-SW-
150-CB 567957 5/16 Black 150 07526289

PUN-H-5/16-BL-
150-CB 567949 5/16 Blue 150 07490374

PUN-H-3/8-SW-
150-CB 567958 3/8 Black 150 05843831

PUN-H-3/8-BL-
150-CB 567950 3/8 Blue 150 07212235

PUN-H-1/2-SW-
150-CB 567959 1/2 Black 150 07486083

PUN-H-1/2-BL-
150-CB 567951 1/2 Blue 150 05592031

Tubing and accessories
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Internal straight 
connector Part # Item

number
Metric 
thread

Tube OD 
size mm

Pkg 
QTY Mi Item #

QSM-M3-4-I 153314 M3 4 10 02661773

QSM-M5-4-I 153315 M5 4 10 03381224

QSM-M5-6-I 153317 M5 6 10 03647974

QS-1/8-4-I 153012 1/8 R 4 10 11502397

QS-1/8-6-I 153013 1/8 R 6 10 02516496

QS-1/4-6-I 153014 1/4 R 6 10 02852805

QS-1/4-8-I 153016 1/4 R 8 10 02665288

QS-3/8-8-I 153017 3/8 R 8 10 03194963

QS-3/8-10-I 153019 3/8 R 10 10 11502398

QS-1/2-10-I 190648 1/2 R 10 1 11505935

QS-1/2-12-I 153021 1/2 R 12 1 07131199

External straight 
connector Part # Item

number
Metric 
thread

Tube OD 
size mm

Pkg 
QTY Mi Item #

QSM-M3-4 153303 M3 4 10 02661771

QSM-M5-4 153304 M5 4 10 00474471

QSM-M5-6 153306 M5 6 10 02164931

QS-1/8-4 153001 1/8 R 4 10 00474445

QS-1/8-6 153002 1/8 R 6 10 00474446

QS-1/4-6 153003 1/4 R 6 10 00474447

QS-1/4-8 153005 1/4 R 8 10 00474450

QS-3/8-8 153006 3/8 R 8 10 00474451

QS-3/8-10 153008 3/8 R 10 10 01637110

QS-1/2-10 190646 1/2 R 10 1 02356503

QS-1/2-12 153010 1/2 R 12 1 01536896

Metric connections

Elbow connector Part # Item
number

Port 
thread

Tube OD 
size mm

Pkg 
QTY Mi Item #

QSML-M3-4 153332 M3 4 10 02356082

QSML-M5-4 153333 M5 4 10 00474474

QSML-M5-6 153335 M5 6 10 00474475

QSL-1/8-4 153045 1/8 R 4 10 00474458

QSL-1/8-6 153046 1/8 R 6 10 00474459

QSL-1/4-6 153047 1/4 R 6 10 00474460

QSL-1/4-8 153049 1/4 R 8 10 00474462

QSL-3/8-8 153050 3/8 R 8 10 00474463

QSL-3/8-10 153052 3/8 R 10 10 01618916

QSL-1/2-10 190661 1/2 R 10 10 05791097

QSL-1/2-12 153054 1/2 R 12 1 02376254

Tee connector Part # Item
number

Port 
thread

Tube OD 
size mm

Pkg 
QTY Mi Item #

QSMT-M3-4 153353 M3 4 10 08052154

QSMT-M5-4 153354 M5 4 10 07604719

QSMT-M5-6 153356 M5 6 10 02356384

QST-1/8-4 153106 1/8 R 4 10 02356087

QST-1/8-6 153107 1/8 R 6 10 01465274

QST-1/4-6 153108 1/4 R 6 10 02356133

QST-1/4-8 153110 1/4 R 8 10 01465279

QST-3/8-8 153111 3/8 R 8 10 02356135

QST-3/8-10 153113 3/8 R 10 10 02356136

QST-1/2-10 190672 1/2 R 10 1 07033701

QST-1/2-12 153115 1/2 R 12 1 02356139

 Translucent 
Polyurethane Part # Item

number
Tube OD 
size

Color 
(solid) Reel Mi Item #

PUN-H-1/2-TBL-
150-CB 8203980 1/2 Blue 150 15308530

PUN-H-1/2-TSW-
150-CB 8203981 1/2 Black 150 15308531

PUN-H-1/2-TRT-
150-CB 8203982 1/2 Red 150 15308532

PUN-H-1/2-TGN-
150-CB 8203983 1/2 Green 150 15308533

PUN-H-1/2-TGE-
150-CB 8203984 1/2 Yellow 150 15308534

 Translucent 
Polyurethane Part # Item

number
Tube OD 
size

Color 
(solid)

Pkg 
FT Mi Item #

PUN-H-1/4-TBL-
150-CB 8203970 1/4 Blue 150 15308520

PUN-H-1/4-TSW-
150-CB 8203971 1/4 Black 150 15308521

PUN-H-1/4-TRT-
150-CB 8203972 1/4 Red 150 15308522

PUN-H-1/4-TGN-
150-CB 8203973 1/4 Green 150 15308523

PUN-H-1/4-TGE-
150-CB 8203974 1/4 Yellow 150 15308524

PUN-H-3/8-TBL-
150-CB 8203975 3/8 Blue 150 15308525

PUN-H-3/8-TSW-
150-CB 8203976 3/8 Black 150 15308526

PUN-H-3/8-TRT-
150-CB 8203977 3/8 Red 150 15308527

PUN-H-3/8-TGN-
150-CB 8203978 3/8 Green 150 15308528

PUN-H-3/8-TGE-
150-CB 8203979 3/8 Yellow 150 15308529

Tubing and accessories (continued)

*R thread = BSPT
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Straight union Part # Item
number

Tube OD 
metric 

Tube OD 
metric 

Pkg 
QTY Mi Item #

QS-4 153031 4 4 10 01637102

QS-6 153032 6 6 10 01456599

QS-8 153033 8 8 10 01637103

QS-10 153034 10 10 10 01637104

QS-12 153035 12 12 10 02356920

QS-6-4 153037 6 4 10 02170218

QS-8-6 153038 8 6 10 02170215

QS-10-6 130607 10 6 10 06058457

QS-10-8 153039 10 8 10 02356392

QS-12-10 153040 12 10 10 02356396

Tee union Part # Item
number

Tube OD 
Metric (B)

Tube OD 
Metric (A)

Pkg 
QTY Mi Item #

QST-4 153128 4 4 10 00474464

QST-6 153129 6 6 10 00471889

QST-8 153130 8 8 10 00471887

QST-10 153131 10 10 10 04300767

QST-12 153132 12 12 10 02350948

QST-6-4 153134 6 4 10 05900857

QST-8-6 153135 8 6 10 02864093

QST-10-6 130614 10 6 10 06054857

QST-10-8 153136 10 8 10 02356392

QST-12-10 153137 12 10 10 02356396

Metric connections (continued)

Elbow union Part # Item
number

Tube OD 
metric 

Tube OD 
metric 

Pkg 
QTY Mi Item #

QSL-4 153070 4 4 10 02335924

QSL-6 153071 6 6 10 02343245

QSL-8 153072 8 8 10 00461289

QSL-10 153073 10 10 10 02354930

QSL-12 153074 12 12 10 02354934

Straight plug in 
stem Part # Item

number
Stem 
size

Tube OD 
metric

Pkg 
QTY Mi Item #

QS-6H-4 153041 6 4 10 02356063

QS-8H-6 153042 8 6 10 02356106

QS-10H-6 130623 10 6 10 06201228

QS-10H-8 153043 10 8 10 02356107

QS-12H-10 153044 12 10 10 02356108

Y union Part # Item
number

Tube OD 
Metric (A)

Tube OD 
Metric (B)

Pkg 
QTY Mi Item #

QSY-4 153148 4 4 10 00474466

QSY-6 153149 6 6 10 00474467

QSY-8 153150 8 8 10 02355050

QSY-10 153151 10 10 10 02355051

QSY-12 153152 12 12 10 02355185

QSY-6-4 153153 6 4 10 05851179

QSY-8-6 153154 8 6 10 04319142

QSY-10-6 130611 10 6 10 07953017

QSY-10-8 153155 10 8 10 07548878

QSY-12-10 153156 12 10 10 06988343

Elbow plug In 
stem Part # Item

number
Plug OD 
MM

Tube OD
size mm

Pkg 
QTY Mi Item #

QSL-4H 153056 4 4 10 05964085

QSL-6H 153057 6 6 10 02356145

QSL-8H 153058 8 8 10 02356146

QSL-10H 153059 10 10 10 02356148

QSL-12H 153060 12 12 10 02356149

QSL-6H-4 153061 6 4 10 02356111

QSL-8H-6 153062 8 6 10 02356113

QSL-10H-8 153063 10 8 10 02356114

QSL-12H-10 153064 12 10 10 02356117

Stem plugs Part # Item
number Stem size mm Pkg 

QTY Mi Item #

QSC-4H 153267 4 10 02287439

QSC-6H 153268 6 10 02356065

QSC-8H 153269 8 10 05659939

QSC-10H 153270 10 10 02356128

QSC-12H 153271 12 10 02356129

Bulkhead Part # Item
number

Tube OD 
mm

Pkg 
QTY Mi Item #

QSS-4 153157 4 10 00474468

QSS-6 153158 6 10 00474469

QSS-8 153159 8 10 00474470

QSS-10 153160 10 10 02356385

QSS-12 153161 12 10 02356391

Distributor 
(swivel) Part # Item

number Port thread Tube OD 
mm

Pkg 
QTY Mi Item #

QSLV3-1/8-4 153221 1/8 R 4 1 11502437

QSLV3-1/8-6 153222 1/8 R 6 1 07428108

QSLV3-1/4-6 153223 1/4 R 6 1 11502438

QSLV3-1/4-8 153225 1/4 R 8 1 07163868

QSLV3-3/8-8 153226 3/8 R 8 1 03020565

QSLV3-3/8-10 153228 3/8 R 10 1 11502441

QSLV3-3/8-12 153229 3/8 R 12 1 11502442

QSLV3-1/2-12 153230 1/2 R 12 1 11502443

Fitting manifold Part # Item
number

Tube OD 
end ports

Tube OD 
reduced 

Pkg 
QTY Mi Item #

QST3-6-4 153203 6 4 1 02356057

QST3-8-6 153204 8 6 1 07360367

QST3-10-8 153205 10 8 1 07662235

B

B

A

B

A
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Polyurethane 
tubing - box Part # Item

number

Tube 
OD 
size

Color   
(clear)

PKG 
(M) Mi Item #

PUN-H-4X0,75-TBL 8048671 4 Blue 50 08954798

PUN-H-4X0,75-TRT 8048675 4 Red 50 11523023

PUN-H-6X1-TBL 8048681 6 Blue 50 11523029

PUN-H-6X1-TRT 8048685 6 Red 50 11523033

PUN-H-8X1,25-TBL 8048691 8 Blue 50 11523039

PUN-H-8X1,25-TRT 8048695 8 Red 50 11523043

PUN-H-10X1,5-TBL 8048701 10 Blue 50 11523049

PUN-H-10X1,5-TRT 8048705 10 Red 50 11523053

PUN-H-12X2-TBL 8048711 12 Blue 50 08954796

PUN-H-12X2-TRT 8048715 12 Red 50 11523061

Polyurethane 
tubing - box Part # Item

number

Tube 
OD 
size

Color 
(clear)

PKG 
(M) Mi Item #

PUN-H-4X0,75-TBL-500 8048672 4 Blue 500 M 11523020

PUN-H-4X0,75-TRT-500 8048676 4 Red 500 M 11523024

PUN-H-6X1-TBL-500 8048682 6 Blue 500 M 11523030

PUN-H-6X1-TRT-500 8048686 6 Red 500 M 11523034

PUN-H-8X1,25-TBL-400 8048692 8 Blue 400 M 11523040

PUN-H-8X1,25-TRT-400 8048696 8 Red 400 M 11523044

PUN-H-10X1,5-TBL-300 8048702 10 Blue 300 M 11523050

PUN-H-10X1,5-TRT-300 8048706 10 Red 300 M 11523054

PUN-H-12X2-TBL-200 8048712 12 Blue 200 M 11523059

PUN-H-12X2-TRT-200 8048716 12 Red 200 M 11523062

Mufflers and quick exhaust valves

Mufflers Part # Item
number

Thread metric 
size Pkg QTY Mi Item #

AMTE-M-LH-M5 1205858 M5 20 06939383

AMTE-M-LH-G18 1205860 1/8 G 20 06690354

AMTE-M-LH-G14 1205861 1/4 G 20 07262554

AMTE-M-LH-G38 1205862 3/8 G 10 09183180

AMTE-M-LH-G12 1205863 1/2 G 10 06251138

Quick exhaust 
valves Part # Item

number
Thread 
metric size Pkg QTY Mi Item #

SEU-1/8 4616 1/8 G 1 00478246

SEU-1/4 6753 1/4 G 1 00458261

SEU-3/8 6755 3/8 G 1 00443921

SEU-1/2 6822 1/2 G 1 00453003

 Flow controls Part # Item
number

Metric 
thread

Tube OD 
size mm

Pkg 
QTY Mi Item #

GRLA-M3 175038 M3 M3 1 15239869

VFOE-LE-T-M5-Q4 8068723 M5 4 1 13522125

VFOE-LE-T-M5-Q6 8068724 M5 6 1 13522126

VFOE-LE-T-R18-Q4 8068734 1/8 R 4 1 12398325

VFOE-LE-T-R18-Q6 8068735 1/8 R 6 1 12398326

VFOE-LE-T-R14-Q6 8068737 1/4 R 6 1 13522132

VFOE-LE-T-R14-Q8 8068738 1/4 R 8 1 13522133

VFOE-LE-T-R38-Q8 8068740 3/8 R 8 1 13522135

VFOE-LE-T-R38-Q10 8068741 3/8 R 10 1 13522136

VFOE-LE-T-R12-Q12 8068742 1/2 R 12 1 15161252

Inline Regulators Part # Item
number Tube OD size Pkg 

QTY Mi Item #

VRPA-CM-Q4-E 8086003 4 MM OD 1 111525019

VRPA-CM-Q6-E 8086004 6 MM OD 1 11371795

VRPA-CM-Q8-E 8086005 8 MM OD 1 10661108

Inline flow 
controls Part # Item

number Connections Pkg QTY Mi Item #

GR-QS-4 193967 4 mm 1 04387373

GR-QS-6 193969 6 mm 1 02516508

GR-QS-8 193970 8 mm 1 02659237

GR-M3 15899 M3 1 11501407

GR-M5-B 151213 M5 1 01465218

GR-1/8-B 151215 1/8 G 1 02062043

GRA-1/4-B 6509 1/4 G 1 00445214

GR-3/8-B 6308 3/8 G 1 00866615

GR-1/2 3720 1/2 G 1 02351719

GR-3/4 2103 3/4 G 1 00446092

Flow control valves

Polyurethane 
tubing - box Part # Item

number

Tube 
OD 
size

Color 
(solid)

PKG 
(M) Mi Item #

PUN-H-4X0,75-BL 197383 4 Blue 50 07495502

PUN-H-4X0,75-SW 197390 4 Black 50 06211853

PUN-H-6X1-BL 197384 6 Blue 50 05791115

PUN-H-6X1-SW 197391 6 Black 50 05006080

PUN-H-8X1,25-BL 197385 8 Blue 50 07438380

PUN-H-8X1,25-SW 197392 8 Black 50 05532742

PUN-H-10X1,5-BL 197386 10 Blue 50 05791116

PUN-H-10X1,5-SW 197393 10 Black 50 04873478

PUN-H-12X2-BL 197387 12 Blue 50 05695970

PUN-H-12X2-SW 197394 12 Black 50 02879020

Tubing and accessories

Polyurethane 
Tubing - Reel Part # Item

number

Tube 
OD 
size

Color 
(solid) Reel Mi Item #

PUN-H-4X0,75-BL-500 558257 4 Blue 500 M 11512741

PUN-H-4X0,75-SW-500 558250 4 Black 500 M 11512739

PUN-H-6X1-BL-500 558258 6 Blue 500 M 11512742

PUN-H-6X1-SW-500 558251 6 Black 500 M 07548921

PUN-H-8X1,25-BL-400 558259 8 Blue 400 M 11512743

PUN-H-8X1,25-SW-400 558252 8 Black 400 M 07548923

PUN-H-10X1,5-BL-300 558260 10 Blue 300 M 11512744

PUN-H-10X1,5-SW-300 558253 10 Black 300 M 07548901

PUN-H-12X2-BL-200 558261 12 Blue 200 M 11512745

PUN-H-12X2-SW-200 558254 12 Black 200 M 07548908

Translucent tubing
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Tube Cutter Part # Item
Number Description Pkg QTY

ZRS 7658 Tubing O.D. 2 - 20 mm 1

Spare Blades 218606 Replacement Blades 1 PKG

Fitting Cart - ZW-HD-R-CS
(23155985 Part number)

Up to 120 Compartments (24 per drawer)
Optionl customized labels with Bar codes, 
descriptions and pictures

Tubing Rack 
ZW-TH-CS  Part number  (23155987)

General Specification

Series Pressure rating Additional data			 

QB Fittings (-13.8  to 145 PSI)  

More options and sizes availableQB Hybrid (-13.8  to 145 PSI)  

QS Inch (-13.8  to 145 PSI)  

GR Flow Controls (-13.8  to 116 PSI) More options in the metric series

SEQ Quick Exhaust (2.9 to 145 PSI) More options in the metric series

PUN-H Tubing (-14.4  to 145 PSI) Additional colors and sizes are available

AMTE Mufflers (0 to 145PSI) More options in the metric series

Please contact your local rep for additional information

VMI Programs

Additional information

Connection Technology: How-To Videos

https://www.youtube.com/playlist?list=PLw-xsPw3-XCuyXfSLXh_FU0nCLpmnCmPl
https://www.youtube.com/playlist?list=PLw-xsPw3-XCuyXfSLXh_FU0nCLpmnCmPl

