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Quickly available
Linear actuator DFPC – Selected Products
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1	 Rod clevis SGA d page 3
2	 Rod clevis SG/CRSG d page 3
3	 Rod eye SGS/CRSGS d page 3
4	 Self-aligning rod coupler FK d page 3
5	 Self-aligning rod coupler CRFK d page 3
6	 Push-in fitting QS d qs
7	 One-way flow control valve GRLA, GRLZ d page 3
8	 Control plate DADG d page 3
9	 Connecting cable NEBC d page 3
aJ	 Plug socket SD d page 3
aA	 Displacement encoder MLO-POT d page 3
aB	 Mounting kit SMBZ-8, CRSMB-8 d page 3
aC	 Sensor bracket DASP d page 3
aD	 Proximity switch CRSMT-8M d page 4
aE	 Proximity switch SDBT-MS d page 4
aF	 Proximity switch SMT-8M-A d page 4

•	Sturdy design
•	Proven Festo technology
•	Standard versions
•	Numerous configuration options
•	 Interfaces for process valve to ISO 5210 and ISO 15552 with 

extended tie rods

Preconfigured from stock or individually configured? The new, double-
acting linear actuator DFPC can be both. It has been specially designed 
for actuating process valves such as gate valves or knife-gate valves, 
pinch valves or valve bodies without housing.

Falls Druckdaten erstellt werden sollen:
- Anschnitt auf der rechten und linken Seite auf der Musterseite anlegen

http://www.festo.com/catalogue/qs
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Process automation > Drives > Knife gate valve actuators >

Linear actuator DFPC

Order code – Basic design
001  002  003  004  005  006  007  008  009  010  011  012 

DFPC – – – D – – – – – – – –

001  Type

DFPC Linear drive

002  Piston Ø [mm]

... 80, 100, 125, 160, 200, 250, 320

003  Stroke [mm]

... 50, 65,  80, 100, 125, 150, 200, 250, 300, 350, 400
10 ... 1600

004  Function

D Double-acting

005  Piston rod thread type

– Male thread

006  Housing surface treatment

– None

007  EU certification

– None

EX4 II 2GD

008  Piston rod extension

– None

...E 1 ... 500 mm

009  Piston rod thread extension

– None

...L 0 ... 70 mm

010  Piston rod thread shortening

– None

...S 1 ... 30 mm

011  Piston rod thread

– Standard

M16 M16

M16P M16x1.5

M20 M20

M20P M20x1.5

M24 M24

M24P M24x2

M27 M27

M27P M27x2

M30 M30

M30P M30x2

M36 M36

M36P  M36x2

012  Thread length of spacer bolts on bearing cap

– None

...LB2 10 ... 140 mm

Legend: Mandatory entry Optional entry

 Configurable product

This product and all its product options can be ordered online 
via the configurator:
d www.festo.com/catalogue/...
Enter the part number or the type.

Part no. Type Part no. Type

8110796 DFPC-80-... 8133072 DFPC-200-...

8110785 DFPC-100-... 8141420 DFPC-250-...

8110797 DFPC-125-... 8141421 DFPC-320-...

8133065 DFPC-160-...

Ordering – Basic design
003 Stroke 
[mm]

002 Piston Ø [mm]

80 100 125 160 200

004 Double-acting – 005 Piston rod thread: Male thread – 011 Piston rod thread: Standard

D – – D – – D – – D – – D – –

50 8110815

65 8110817

80 8110816 8110777

100 8110776 8110773

125 8110775 8110774

150 8110772 8133079

200 8133080

250 8133081

300 8133082 8133104

350 8133105

400 8133106

http://www.festo.com/catalogue
http://www.festo.com/catalogue
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Process automation > Drives > Knife gate valve actuators >

Linear actuator DFPC

Ordering – Accessories
1 Rod clevis SGA1)

For piston Ø Part no. Type

[mm]

80, 100 10768 SGA-M16x1.5

125 10769 SGA-M20x1.5

160, 200 10771 SGA-M36X2

1)	 Suitable for ATEX

2 Rod clevis SG1)

For piston Ø Part no. Type

[mm]

80, 100 6146 SG-M16x1.5

125 6147 SG-M20x1.5

160, 200 9581 SG-M36X2

1)	 Suitable for ATEX

2 Rod clevis CRSG1), corrosion-resistant

For piston Ø Part no. Type

[mm]

80, 100 13571 CRSG-M16x1.5

125 13572 CRSG-M20x1.5

160, 200 185361 CRSG-M27X2

1)	 Suitable for ATEX

3 Rod eye SGS

For piston Ø Part no. Type

[mm]

80, 100 9263 SGS-M16x1.5

125 9264 SGS-M20x1.5

160, 200 10775 SGS-M36X2

3 Rod eye CRSGS, corrosion-resistant

For piston Ø Part no. Type

[mm]

80, 100 195584 CRSGS-M16x1.5

125 195585 CRSGS-M20x1.5

160, 200 195586 CRSGS-M27X2

4 Self-aligning rod coupler FK1)

For piston Ø Part no. Type

[mm]

80, 100 6142 FK-M16x1.5

125 6143 FK-M20x1.5

160, 200 10746 FK-M36X2

1)	 Suitable for ATEX

5 Self-aligning rod coupler CRFK, corrosion-resistant

For piston Ø Part no. Type

[mm]

80, 100 2490673 CRFK-M16x1.5

125 2545677 CRFK-M20x1.5

1)	 Suitable for ATEX

7 One-way flow control valve GRLA, GRLZ

Connection For tubing O.D. Part no. Type

[mm]

Exhaust air flow control valve with slotted head screw

G1/8 4 193143 GRLA-1/8-QS-4-D

6 193144 GRLA-1/8-QS-6-D

8 193145 GRLA-1/8-QS-8-D

7 One-way flow control valve GRLA, GRLZ

Connection For tubing O.D. Part no. Type

[mm]

Exhaust air flow control valve with knurled screw

G1/8 8 534337  GRLA-1/8-QS-8-RS-D

Supply air flow control valve with slotted head screw

G1/8 8 193159 GRLZ-1/8-QS-8-D

8 Control plate DADG, NAMUR

Connection Part no. Type

For mounting a valve to VDI/VDE 3845 (NAMUR) using a hollow bolt

G1/8 8131546  DADG-FM-VDE1G18

G1/4 8131548  DADG-FM-VDE1G14

9 Connecting cable NEBC

Description Part no. Type

Between sensor interface and displace-
ment encoder

549293 NEBC-P1W4-K-0.3-N-M12G5

aJ Plug socket SD

Description Part no. Type

For displacement encoder connection 194332 SD-4-WD-7

aA Displacement encoder MLO-POT

Stroke Part no. Type

[mm]

Connecting rod potentiometer

100 192213 MLO-POT-100-LWG

150 192214 MLO-POT-150-LWG

225 152645 MLO-POT-225-LWG

300 152646 MLO-POT-300-LWG

360 152647 MLO-POT-360-LWG

450 152648 MLO-POT-450-LWG

600 152650 MLO-POT-600-LWG

750 152651 MLO-POT-750-LWG

aB Mounting kit SMBZ-8

For piston Ø Part no. Type

[mm]

for proximity switches

80, 100 537806 SMBZ-8-32/100

aB Mounting kit CRSMB-8, corrosion-resistant

For piston Ø Part no. Type

[mm]

for proximity switches

80, 100, 125 525565 CRSMB-8-32/100

aC Sensor bracket DASP

For piston Ø Part no. Type

[mm]

for proximity switches

125 8127664 DASP-F10-125-A

160 8144200 DASP-F10-160-A

200 1553813 DASP-M4-160-A

250, 320 1456781 DASP-M4-250-A

http://www.festo.com/catalogue
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Process automation > Drives > Knife gate valve actuators >

Linear actuator DFPC

Ordering – Accessories

aD Proximity switch CRSMT-8M, for T-slot, corrosion-resistant

Measuring principle Switching output Electrical connection Cable length Part no. Type

Cable Cable with plug [m]

N/O contact

Magneto-resistive PNP 3-wire – 5 574380 CRSMT-8M-PS-24V-K-5.0-OE

aE Proximity switch SDBT-MS, for T-slot, NAMUR

Measuring principle Switching output Electrical connection Cable length Part no. Type

Cable Cable with plug [m]

N/O contact

Magneto-resistive NAMUR 2-wire – 5 579071 SDBT-MS-20NL-ZN-E-5-LE-EX6

2-wire – 10 579072 SDBT-MS-20NL-ZN-E-10-LE-EX6

aF Proximity switch SMT-8M-A, for T-slot

Measuring principle Switching output Electrical connection Cable length Part no. Type

Cable Cable with plug, rotatable thread [m]

N/O contact

Magneto-resistive PNP – 3-pin, M8x1 0.3 574334 SMT-8M-A-PS-24V-E-0,3-M8D

3-wire – 5 574336 SMT-8M-A-PS-24V-E-5.0-OE

Additional accessories  d www.festo.com/catalogue/dfpc

The new actuator standard for the process industry

The DFPC covers the vast majority of the requirements in the process industry. This cost-effective actuator is quickly available, whether as a 
standard version or as an individually configurable version, and is suitable for a wide range of tasks in the process industry.

More information  d www.festo.com/process

http://www.festo.com/catalogue
http://www.festo.com/catalogue/dfpc
http://www.festo.com/catalogue/dfpc

